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Modicon M340 automation 
platform� 9 
Power consumption table
Calculation sheet

Choice of BMX CPS pp����ppp 
power supplies.

Module reference Format Number Consumption in mA (1)
Rack no.
0  -  1  -  2  -  3

S: Standard
D: Double

3.3 V c 
voltage

24 V c 
rack voltage

24 V c 
sensor voltage

Module Total Module Total Module Total

Processor 
(rack 0)

BMX P34 1000 (H) S 72
BMX P34 2000 S 72
BMX P34 2010/20102 S 90
BMX P34 2020 (H) S 95
BMX P34 2030/20302 (H) S 135

Rack expansion
(rack 0, 1, 2 or 3)

BMX XBE 1000 – 22 160

Discrete I/O BMX DAI 0805 S 76 13
BMX DAI 1602 (H) S 90 60
BMX DAI 1603 (H) S 90 60
BMX DAI 1604 (H) S 90 60
BMX DAO 1605 (H) S 100 95
BMX DDI 1602 (H) S 90
BMX DDI 1603 (H) S 90
BMX DDI 1604T S 76
BMX DDI 3202K S 140 110
BMX DDI 6402K S 200 110
BMX DDM 16022 (H) S 100 30
BMX DDM 16025 (H) S 100 50 30
BMX DDM 3202K S 150 55
BMX DDO 1602 (H) S 100
BMX DDO 1612 (H) S 100
BMX DDO 3202K S 150
BMX DDO 6402K S 240
BMX DRA 0804T S 61 104
BMX DRA 0805 (H) S 100 55
BMX DRA 1605 (H) S 100 95

Analog I/O BMX AMI 0410 (H) S 150 45
BMX AMI 0800 S 150 30
BMX AMI 0810 S 150 45
BMX AMM 0600 (H) S 150 130
BMX AMO 0210 (H) S 150 110
BMX AMO 0410 S 150 84
BMX AMO 0802 S 150 74
BMX ART 0414 (H) S 150 40
BMX ART 0814 (H) S 150 100

Counting BMX EHC 0200 (H) S 200 40 80
BMX EHC 0800 (H) S 200 80

Motion control BMX MSP 0200 S 200 150

Communication BMX EIA 0100 S 160
BMX NOE 0100 (H) S 90
BMX NOE 0110 (H) S 90
BMX NOM 0200 (H) S 80
BMX NOC 0401 S 555
BMX NOR 0200 (H) S 95

Power consumption Total current (mA)
x 3.3 V x 24 V x 24 V

Power consumed 
(mW)

+ + =

Available power (mW) Total power (mW)

Choice of power 
supply module

BMX CPS 2010 D 24 V c isolated 8250 16,800 17,000
BMX CPS 3020 (H) D 24...48 V c isolated 14,850 31,200 32,000
BMX CPS 2000 D 100...240 V a 8250 16,800 10,800 20,000
BMX CPS 3500 (H) D 14,850 31,200 21,600 36,000
BMX CPS 3540T D 125 V c 14,850 31,200 21,600 36,000

(1)	Typical value given for 100% of inputs or outputs at state 1.

y y y y

Photocopy this document or use the  
M340 Design software, available on our website:
www.schneider-electric.com
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A dedicated services offer for your 
installed base
Operation services

Presentation

Project 

management

Operation

Modernisation
Spare parts

and re
pairs Consultancy

and expertis
e

TrainingMaintenance 

contra
cts

You can rely on the competency and efficiency of our experts for effective 
maintenance, upgrading and modernisation of your facilities.

Our services offer is structured around two phases of your installation life cycle:
Operation:
Spare parts and repairs
Maintenance contracts
Training
Modernisation:
Consultancy and expertise
Project management

Customization services are also available to accommodate your specific 
requirements.

b
v
v
v
b
v
v

Operation services
Spare parts and repairs Everything you need to get your equipment back to work as quickly as possible

We are able to respond very quickly to all requests for spare parts, exchanges and 
repairs to your installed automation equipment (automation platforms, Human 
Machine Interfaces, drives, distributed I/O):

Supply of tested, certified and compatible spare parts
Assurance that repaired parts will be of the same quality as new products
Availability of our teams to respond to your requests 24/7
Standard replacements or fast exchange service for certain parts with the option 

to receive the replacement product the next business day

b
b
b
b

Maintenance contracts Improving and guaranteeing the long-term reliability and performance of your 
installations

We provide a contract solution to fulfil your logistical, technical, human and financial 
requirements. This solution is based around the following services:

Hotline with priority access to our group of experts
Software via the Internet with access to the latest upgrades of the most recent 

software
Spare parts stock - a Schneider Electric owned stock of spare parts on your site 

or in one of our warehouses
On-site assistance with guaranteed servicing time (1)
Extended warranty offering up to 5 years manufacturer warranty on all installed 

equipment ranges on your site (1)
Maintenance & Modernisation Consultancy providing analysis of existing 

systems and proposal of a detailed improvement plan (1)
Modernisation - a complete process to update your legacy systems based upon 

your specific requirements (1)

(1) Also available as a stand alone offer. Please consult our Customer Care Centre.

b
b

b

b
b

b

b

Training Dedicated training plans to allow you to acquire the necessary competencies to 
optimize productivity of your installed base

We are committed to providing your teams with the necessary competencies to 
operate more effectively, make the operations more secure and optimize the 
efficiency of your installed equipment:

Identification of your needs by systematic analysis of the competency and 
functions of your teams

Proposal of a set of training modules covering your entire installed automation 
equipment base

Preparation of customized modules to suit your needs (content, schedule, etc.).

b

b

b

Note: To check availability of services required, please contact our Customer Care Centre.
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Presentation (continued) A dedicated services offer for your 
installed base
Modernisation services
Customization services

Modernisation services
Consultancy and expertise Proven expertise, tools and methods to give you a clear vision of the improvement 

opportunities and guide you toward a successful modernisation project

With our M2C (Maintenance & Modernisation 
Consultancy) offer, we help you check the state of your 
installed base by:

Defining the scope and depth of the analysis in 
collaboration with you

Collecting the technical data without shutting down 
production

Analyzing and identifying avenues for improvement
Producing a recommendation plan

Customer benefits:
Reduction in the impact of failures
Limited number of failures
Improved performance

b

b

b
b

b
b
b

The M2C (Maintenance & Modernisation Consultancy) offer

Our experts will analyze your existing systems, propose an action plan and deploy 
the appropriate solutions.

Process consultancy
Based on audit implementation dedicated to your application, our consultants will 
help you assess opportunities, define various solutions, estimate budgets and draw 
up a deployment plan.

Installed base consultancy
For preventive maintenance operations or in case of failures or malfunctions, our 
tools and methods can be used for diagnosis and control of critical automation 
functions, such as communication networks, high-power drives and process control 
automation. 
A detailed report with comments is submitted as part of our service.

b

b

Project management Professional tools, methods and a proven experience in project management to 
reduce risks and improve performance.

Our services are provided by experienced project managers who have a precise 
knowledge of the evolution of our equipment and use efficient tools and methods 
with proven effectiveness to:

Limit production down time by using our conversion and software/hardware 
migration solutions

Improve performance of existing tools by:
Analyzing the performance levels to be achieved and designing, validating and 

implementing the new architecture
Updating your application following modernisation of your equipment
Provide long-term support by ensuring:
The design and deployment of a standardized solution for projects spanning 

several production sites
A contractual approach that provides a change from the usual investment 

process, combining maintenance of existing facilities and scheduled modernisation
Training of maintenance teams on the operation of the new system

b

b
v

v
b
v

v

v

Wide range of migration offers
Solution Change the 

CPU
Keep the I/O 
racks & 
wiring

Change the  
I/O racks & 
keep the 
wiring

Migrate your 
application

Manage your 
project

Execute your 
project

Platform (1) TSX47 to TSX107

April series 1000

Modicon p84, compact

April SMC

Merlin Gerin PB

AEG

Symax

Service available

(1) Our migration service offer also includes SCADA, Human Machine Interfaces, drives, 
communication networks and distributed I/O.

Customization services
We are able to meet your specific requirements and provide you with adapted 
products:

Protective coating for Human Machine Interfaces, automation platforms and 
distributed I/O modules for use in harsh environments

Customized cable lengths to match your specific needs
Customized front panels for Human Machine Interfaces

b

b
b

Note: To check availability of services required, please contact our Customer Care Centre.
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Product reference index

1
110 XCA 282 01 4/23
110 XCA 282 02 4/23
110 XCA 282 03 4/23
4

490 NOC 000 05 3/41
490 NOR 000 03 3/41
490 NOR 000 05 3/41
490 NOT 000 05 3/41
490 NTC 000 05 3/40
490 NTC 000 05U 3/40
490 NTC 000 15 3/40
490 NTC 000 40 3/40
490 NTC 000 40U 3/40
490 NTC 000 80 3/40
490 NTC 000 80U 3/40
490 NTW 000 02 3/40
490 NTW 000 02U 3/40
490 NTW 000 05 3/40
490 NTW 000 05U 3/40
490 NTW 000 12 3/40
490 NTW 000 12U 3/40
490 NTW 000 40 3/40
490 NTW 000 40U 3/40
490 NTW 000 80 3/40
490 NTW 000 80U 3/40
499 NEH 104 10 3/42
499 NES 181 00 3/43
499 NMS 251 01 3/44
499 NMS 251 02 3/44
499 NSS 251 01 3/44
499 NSS 251 02 3/44
9

990 NAA 263 20 4/23
990 NAA 263 50 4/23
A

ABE 7ACC01 5/19
ABE 7ACC02 5/19
ABE 7ACC10 5/19
ABE 7ACC11 5/19
ABE 7ACC12 5/17
ABE 7ACC20 5/19
ABE 7ACC21 5/19
ABE 7ACC82 5/19
ABE 7ACC84 5/19
ABE 7ACC85 5/19
ABE 7BV10 5/19
ABE 7BV20 5/19
ABE 7CPA01 5/18
ABE 7CPA02 2/23

5/18

ABE 7CPA03 2/23
5/18

ABE 7CPA11 5/18
ABE 7CPA12 5/18
ABE 7CPA13 5/18
ABE 7CPA21 2/23

5/18

ABE 7CPA31 2/23
5/18

ABE 7CPA31E 2/23
5/18

ABE 7CPA410 2/23
5/18

6/7

ABE 7CPA412 2/23
5/18

6/7

ABE 7FU012 5/19
ABE 7FU050 5/19
ABE 7FU100 5/19
ABE 7FU200 5/19
ABE 7FU400 5/19
ABE 7FU630 5/19
ABE 7H08R10 5/13
ABE 7H08R11 5/13

ABE 7H08R21 5/13
ABE 7H08S21 5/13
ABE 7H12R10 5/13
ABE 7H12R11 5/13
ABE 7H12R20 5/13
ABE 7H12R21 5/13
ABE 7H12R50 5/13
ABE 7H12S21 5/13
ABE 7H16C10 5/12
ABE 7H16C11 5/12
ABE 7H16C21  5/12
ABE 7H16C31 5/12
ABE 7H16CM11 5/12
ABE 7H16CM21 5/12
ABE 7H16F43 5/13
ABE 7H16R10 5/13
ABE 7H16R11 5/13
ABE 7H16R20 5/13
ABE 7H16R21 5/13
ABE 7H16R23 5/13
ABE 7H16R30 5/13
ABE 7H16R31 5/13
ABE 7H16R50 5/13
ABE 7H16S21 5/13
ABE 7H16S43 5/13
ABE 7H20E100 5/12
ABE 7H20E200 5/12
ABE 7H20E300 5/12
ABE 7H32E150 5/12
ABE 7H32E300 5/12
ABE 7H34E000 5/12
ABE 7H34E100 5/12
ABE 7H34E200 5/12
ABE 7H34E300 5/12
ABE 7P08T330 5/16
ABE 7P16F310 5/15
ABE 7P16F312 5/15
ABE 7P16T111 5/16
ABE 7P16T210 5/16
ABE 7P16T212 5/16
ABE 7P16T214 5/16
ABE 7P16T215 5/16
ABE 7P16T230 5/16
ABE 7P16T318 5/16
ABE 7P16T330 5/16
ABE 7P16T332 5/16
ABE 7P16T334 5/16
ABE 7R08S111 5/14
ABE 7R08S210 5/14

ABE 7R08S216 5/14
ABE 7R16M111 5/15
ABE 7R16S111 5/14
ABE 7R16S111E 5/14
ABE 7R16S210 5/14
ABE 7R16S210E 5/14
ABE 7R16S212 5/14
ABE 7R16T111 5/15
ABE 7R16T210 5/15
ABE 7R16T212 5/15
ABE 7R16T230 5/15
ABE 7R16T231 5/15
ABE 7R16T330 5/15
ABE 7R16T332 5/15
ABE 7R16T370 5/15
ABE 7S16E2B1 5/14
ABE 7S16E2B1E 5/14
ABE 7S16E2E0 5/14
ABE 7S16E2E1 5/14
ABE 7S16E2F0 5/14
ABE 7S16E2M0 5/14
ABE 7S16E2M0E 5/14
ABE 7S16S1B2 5/14
ABE 7S16S1B2E 5/14
ABE 7S16S2B0 5/14
ABE 7S16S2B0E 5/14
ABE 7TES160 5/19
ABF C08R02B 5/19
ABF C08R02R 5/19
ABF C08R02W 5/19
ABF C08R12B 5/19
ABF C08R12R 5/19
ABF C08R12W 5/19
ABL 1A02 5/25

5/29
ABL 4RSM24035 5/29
ABL 4RSM24050 5/29
ABL 4RSM24100 5/29
ABL 4RSM24200 5/29
ABL 4WSR24200 5/29
ABL 4WSR24300 5/29
ABL 4WSR24400 5/29
ABL 8BBU24200 5/25

5/29

ABL 8BBU24400 5/25
5/29

ABL 8BPK24A03 5/25
5/29

ABL 8BPK24A07 5/25
5/29

ABL 8BPK24A12 5/25
5/29

ABL 8BUF24400 5/25
5/29

ABL 8DCC05060 5/25
5/29

ABL 8DCC12020 5/25
5/29

ABL 8FUS01 5/25
5/29

ABL 8FUS02 5/25
5/29

ABL 8PRP24100 5/25
5/29

ABL 8RED24400 5/25
5/29

ABL 8RPM24200 5/25
ABL 8RPS24030 5/25
ABL 8RPS24050 5/25
ABL 8RPS24100 5/25
ABL 8WPS24200 5/25
ABL 8WPS24400 5/25
ABR 7S11 5/17
ABR 7S21 5/17
ABR 7S23 5/17
ABR 7S33 5/17
ABR 7S33E 5/17
ABR 7S37 5/17
ABS 7EA3E5 5/17
ABS 7EA3F5 5/17
ABS 7EA3M5 5/17
ABS 7EC3AL 5/17
ABS 7EC3B2 5/17
ABS 7SA2M 5/17
ABS 7SA3MA 5/17
ABS 7SC1B 5/17
ABS 7SC2E 5/17
ABS 7SC3BA 5/17
ABS 7SC3E 5/17
AR1 SB3 5/19
ASI 20MACC5 5/25

5/29
ASI TERV2 3/71
B

BMX AMI 0410 2/22
BMX AMI 0410H 6/7
BMX AMI 0800 2/22
BMX AMI 0810 2/22
BMX AMM 0600 2/22
BMX AMM 0600H 6/7
BMX AMO 0210 2/22
BMX AMO 0210H 6/7
BMX AMO 0410 2/22
BMX AMO 0802 2/22
BMX ART 0414 2/22
BMX ART 0414H 6/7
BMX ART 0814 2/22
BMX ART 0814H 6/7
BMX CPS 2000 1/9
BMX CPS 2010 1/9
BMX CPS 3020 1/9
BMX CPS 3020H 6/4
BMX CPS 3500 1/9
BMX CPS 3500H 6/4
BMX CPS 3540T 1/9
BMX DAI 0805 2/12
BMX DAI 1602 2/12
BMX DAI 1602H 6/6
BMX DAI 1603 2/12
BMX DAI 1603H 6/6
BMX DAI 1604 2/12
BMX DAI 1604H 6/6
BMX DAO 1605 2/12
BMX DAO 1605H 6/6
BMX DDI 1602 2/12

BMX DDI 1602H 6/6
BMX DDI 1603 2/12
BMX DDI 1603H 6/6
BMX DDI 1604T 2/12
BMX DDI 3202K 2/12
BMX DDI 6402K 2/12
BMX DDM 16022 2/13
BMX DDM 16022H 6/6
BMX DDM 16025 2/13
BMX DDM 16025H 6/6
BMX DDM 3202K 2/13
BMX DDO 1602 2/12
BMX DDO 1602H 6/6
BMX DDO 1612 2/12
BMX DDO 1612H 6/6
BMX DDO 3202K 2/12
BMX DDO 6402K 2/12
BMX DRA 0804T 2/12
BMX DRA 0805 2/12
BMX DRA 0805H 6/6
BMX DRA 1605 2/12
BMX DRA 1605H 6/6
BMX EHC 0200 2/31
BMX EHC 0200H 6/9
BMX EHC 0800 2/31
BMX EHC 0800H 6/9
BMX EIA 0100 3/71
BMX FCA150 2/23

6/7
BMX FCA152 2/23

6/7
BMX FCA300 2/23

6/7
BMX FCA302 2/23

6/7
BMX FCA500 2/23

6/7
BMX FCA502 2/23

6/7
BMX FCC 051 2/13
BMX FCC 053 2/13
BMX FCC 101 2/13
BMX FCC 103 2/13
BMX FCC 201 2/13
BMX FCC 203 2/13
BMX FCC 301 2/13
BMX FCC 303 2/13
BMX FCC 501 2/13
BMX FCC 503 2/13
BMX FCC 1001 2/13
BMX FCC 1003 2/13
BMX FCW 301 2/13
BMX FCW 301S 2/23

6/7
BMX FCW 303 2/13
BMX FCW 501 2/13
BMX FCW 501S 2/23

6/7
BMX FCW 503 2/13
BMX FCW 1001 2/13
BMX FCW 1003 2/13
BMX FTA 150 2/23
BMX FTA 152 2/23
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BMX FTA 300 2/23
BMX FTA 302 2/23
BMX FTB 2000 2/13

2/23
2/31

6/6
6/7
6/9

BMX FTB 2010 6/6
6/7

BMX FTB 2020 2/31
6/6
6/7
6/9

BMX FTB 2820 2/23
2/33

BMX FTW 301 2/13
6/6

BMX FTW 301S 2/23
6/7

BMX FTW 308S 2/23
BMX FTW 501 2/13

6/6
BMX FTW 501S 2/23

6/7
BMX FTW 508S 2/23
BMX FTW 1001 2/13

6/6
BMX MSP 0200 2/33
BMX NOC 0401 3/21
BMX NOE 0100 3/19
BMX NOE 0100H 6/8
BMX NOE 0110 3/19
BMX NOE 0110H 6/8
BMX NOM 0200 3/75
BMX NOM 0200H 6/8
BMX NOR 0200H 3/25

6/8
BMX P34 1000 1/7

3/75
BMX P34 1000H 6/3
BMX P34 2000 1/7

3/75
BMX P34 2010 3/75

BMX P34 20102 1/7
3/66
3/75

BMX P34 2020 1/7 
3/18
3/75

BMX P34 2020H 6/3

BMX P34 20302 1/7 
3/18 
3/66

BMX P34 20302H 6/3
BMX RMS 008MP 1/7

6/3
BMX RMS 008MPF 1/7

6/3
BMX RMS 128MPF 1/7

6/3
BMX RWS 128MWF 3/25
BMX RWS B000M 3/19

BMX RWS FC032M 3/19
BMX XBC 008K 1/13

6/5
BMX XBC 015K 1/13

6/5
BMX XBC 030K 1/13

6/5
BMX XBC 050K 1/13

6/5
BMX XBC 120K 1/13

6/5
BMX XBE 1000 1/13
BMX XBE 1000H 6/5
BMX XBE 2005 1/13
BMX XBP 0400 1/11
BMX XBP 0400H 6/5
BMX XBP 0600 1/11
BMX XBP 0600H 6/5
BMX XBP 0800 1/11
BMX XBP 0800H 6/5
BMX XBP 1200 1/11
BMX XCA USB H018 1/7

4/23
6/3

BMX XCA USB H045 1/7
4/23

6/3

BMX XEM 010 1/11
6/5

BMX XSP 0400 1/11
6/5

BMX XSP 0600 1/11 
6/5

BMX XSP 0800 1/11 
6/5

BMX XSP 1200 1/11
BMX XTS CPS10 1/9

6/4
BMX XTS CPS20 1/9

6/4
BMX XTS HSC 20 2/31

6/9
E

EUS ENG1 CFTAL10 4/46
EUS ENG3 CFTAL10 4/46
EUS ENG2 CFT V11 4/33
EUS ENG2 CFU V11 4/33
F

FTX BLA10 3/69
FTX C78B 3/69
FTX C78F5 3/69
FTX C78M5 3/69
FTX CM08B 3/69
FTX CM12B 3/69
FTX CN 12F5 3/68
FTX CN 12M5 3/68
FTX CN 3203 3/68
FTX CN 3206 3/68
FTX CN 3210 3/68
FTX CN 3220 3/68
FTX CN 3230 3/68
FTX CN 3250 3/68
FTX CNCT1 3/69

FTX CNTL12 3/69
FTX CY1208 3/69
FTX CY1212 3/69
FTX DG12 3/69
FTX DP2115 3/69
FTX DP2130 3/69
FTX DP2150 3/69
FTX DP2206 3/69
FTX DP2210 3/69
FTX DP2220 3/69
FTX DP2250 3/69
FTX MLA10 3/69
L

LAD 90 5/25
5/29

LU9 GC3 3/76
S

SR2 CBL 06 4/23
SR2 MEM02 5/25

5/29
STB XCA 4002 4/23

STB XSP 3010 1/11
6/5

STB XSP 3020 1/11
6/5

T
TCS CCN 4F3M05T 3/68
TCS CCN 4F3M1T 3/68
TCS CCN 4F3M3T 3/68
TCS CTN 011M11F 3/69
TCS EAA F11F13F00 3/41
TCS EAA F1LFH00 3/41
TCS EAA F1LFS00 3/41
TCS EAA F1LFU00 3/41
TCS EAM 0100 3/41
TCS ECL 1M1M 1S2 3/41
TCS ECL 1M1M 3S2 3/41
TCS ECL 1M1M 10S2 3/41
TCS ECL 1M1M 25S2 3/41
TCS ECL 1M1M 40S2 3/41
TCS ECL 1M3M 1S2 3/41
TCS ECL 1M3M 3S2 3/41
TCS ECL 1M3M 10S2 3/41
TCS ECL 1M3M 25S2 3/41
TCS ECL 1M3M 40S2 3/41
TCS ECN 300R2 3/40
TCS EK1 MDRS 3/40
TCS EK3 MDS 3/40
TCS EGPA23F14FK 6/8
TCS ESM 043F1CU0 3/45
TCS ESM 043F23F0 3/45
TCS ESM 043F2CU0 3/45
TCS ESM 063F2CS1 3/46
TCS ESM 063F2CU1 3/46
TCS ESM 083F1CS0 3/46
TCS ESM 083F1CU0 3/46
TCS ESM 083F23F0 3/45
TCS ESM 083F23F1 3/46
TCS ESM 083F2CS0 3/46
TCS ESM 083F2CU0 3/46
TCS ESM 103F23G0 3/47
TCS ESM 103F2LG0 3/47
TCS ESM 163F23F0 3/47

TCS ESM 163F2CU0 3/47
TCS ESM 243F2CU0 3/47
TCS ESU 033FN0 3/44
TCS ESU 043F1CS0 3/45
TCS ESU 043F1N0 3/44
TCS ESU 043F2CS0 3/45
TCS ESU 051F0 3/43
TCS ESU 053FN0 3/44
TCS ESU 083FN0 3/43
TCS MCN 3M4F3C2 3/75 

3/77
TCS MCN 3M4M3S2 3/75

3/77
6/8

TCS XCN 3M4F3S4 3/75
6/8

TCS WAAC 3/59
TCS WAB 2D 3/59
TCS WAB 2O 3/58
TCS WAB 2S 3/59
TCS WAB 5D 3/58
TCS WAB 5DN 3/58
TCS WAB 5O 3/58
TCS WAB 5S 3/58
TCS WAB 5V 3/58
TCS WAB 5VN 3/58
TCS WAB AC2 3/59
TCS WAB AC15 3/59
TCS WAB C5 3/59
TCS WAB C10 3/59
TCS WAB DON 3/58
TCS WAB MK 3/59
TCS WAB P 3/59
TCS WAB P68 3/59
TCS WAM C67 3/59
TCS WAM CD 3/59
TCSG WA 242 3/58
TCSG WA 242F 3/58
TCSG WA 272 3/58
TCSG WAB DH 3/58
TCSG WC 241 3/58
TCSN WA 241 3/58
TCSN WA 241F 3/58
TCSN WA 271 3/58
TCSN WA 271F 3/58
TCSN WA 2A1 3/58
TLA CD CBA 005 3/68
TLA CD CBA 015 3/68
TLA CD CBA 030 3/68
TLA CD CBA 050 3/68
TLX CD LFOFS 33 4/57
TLX CD LUOFS 33 4/57
TLX CD LTOFS 33 4/57
TLX CD STOFS 33 4/57
TLX CD SUOFS 33 4/57
TSX CAN CA50 3/68
TSX CAN CA100 3/68
TSX CAN CA300 3/68
TSX CAN CADD03 3/68
TSX CAN CADD1 3/68
TSX CAN CADD3 3/68
TSX CAN CADD5 3/68
TSX CAN CB50 3/68

TSX CAN CB100 3/68
TSX CAN CB300 3/68
TSX CAN CBDD03 3/68
TSX CAN CBDD1 3/68
TSX CAN CBDD3 3/68
TSX CAN CBDD5 3/68
TSX CAN CD50 3/68
TSX CAN CD100 3/68
TSX CAN CD300 3/68
TSX CAN KCDF 90T 3/68
TSX CAN KCDF 90TP 3/68
TSX CAN KCDF 180T 3/68
TSX CAN TDM4 3/68
TSX CBY 010K 1/13

6/5
TSX CBY 030K 1/13

6/5
TSX CBY 050K 1/13

6/5
TSX CBY 120K 1/13

6/5
TSX CBY 180K 1/13

6/5
TSX CBY 280K 1/13

6/5
TSX CBY 1000 1/13

6/5
TSX CBY ACC 10 1/13

6/5
TSX CBY K9 1/13

6/5
TSX CRJMD 25 4/23
TSX CSA 100 3/77
TSX CSA 200 3/77
TSX CSA 500 3/77
TSX CUSB 485 4/23
TSX PCX 1031 4/23
TSX SCA 50 3/76
TSX SCA 62 3/76
TSX SCP CM 4530 3/77
TSX TLY EX 1/13

6/5
TWD XCA ISO 3/76
TWD XCA RJ003 3/77
TWD XCA RJ010 3/77
TWD XCA RJ030 3/77
TWD XCA T3RJ 3/76
U

UAG SBT CFU CD10 4/31
UAG SBT DFU WB13 4/31
UAG SEW LFF CD33 4/33
UAG SEW LFU CD33 4/33
UNY LAG ZAU WB20 4/31
UNY LFZ ZAU WB12 4/31
UNY LHV ZAU WB10 4/31
UNY LPC ZAU CD10 4/31
UNY LTS ZAU WB10 4/31
UNY SDU MFU CD20 4/23
UNY SDU ZFF CD22 4/29
UNY SDU ZFU CD22 4/29
UNY SMU ZU CD22 4/31
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7/22

U
UNY SPU EFF CD50 4/22
UNY SPU EFG CD50 4/22
UNY SPU EFT CD50 4/22
UNY SPU EFU CD50 4/22
UNY SPU EZF CD50 4/22
UNY SPU EZG CD50 4/22
UNY SPU EZGT CD50 4/22
UNY SPU EZLG CD50 4/22
UNY SPU EZLT CD50 4/22
UNY SPU EZLU CD50 4/22
UNY SPU EZT CD50 4/22
UNY SPU EZU CD50 4/22
UNY SPU EZUG CD50 4/22
UNY SPU MFG CD50 4/21
UNY SPU MFT CD50 4/21
UNY SPU MFU CD50 4/21
UNY SPU MZG CD50 4/21
UNY SPU MZGT CD50 4/21
UNY SPU MZSG CD50 4/21
UNY SPU MZST CD50 4/21
UNY SPU MZSU CD50 4/21
UNY SPU MZT CD50 4/21
UNY SPU MZU CD50 4/21
UNY SPU MZUG CD50 4/21
UNY SPU SFG CD50 4/20
UNY SPU SFT CD50 4/20
UNY SPU SFU CD50 4/20
UNY SPU SZG CD50 4/20
UNY SPU SZGT CD50 4/20
UNY SPU SZT CD50 4/20
UNY SPU SZU CD50 4/20
UNY SPU SZUG CD50 4/20
UNY SPU XFF CD41 4/22
UNY SPU XFG CD41 4/22
UNY SPU XFT CD41 4/22
UNY SPU XFU CD41 4/22
UNY SPU XZF CD41 4/22
UNY SPU XZG CD41 4/22
UNY SPU XZT CD41 4/22
UNY SPU XZU CD41 4/22
UNY SPU ZFU CD31E 4/27
UNY SRT ZFU CD10 4/25
UNY UDE VFU CD21E 4/23
UNY USE 909 CD M 4/23
UNY XCA USB 033 4/23
V

VJC 1041 88 4/42
VJC 1042 88 4/42
VJC 1090 81 4/44
VJC 1090 82 4/44
VJC 1090 83 4/44
VJC 1090 88 4/44
VJC 1092 06 4/43
VJC 1093 10-01-00 4/47
VJC 1093 10-02-00 4/47
VJC 1093 20-01-000 4/47
VJC 1093 20-02-00 4/47
VJC 1093 30-02-00 4/47
VJC 1093 50-02-00 4/47
VJC 1093 70-01-00 4/47
VJC 1093 70-02-00 4/47
VJC 1093 90-02-00 4/47

VJC 1094 01 4/43
VJC 1095 11 4/44
VJC 1095 12 4/44
VJC 1099 10 4/38
VJC 1099 11 4/38
VJC 1099 12 4/38
VJC 1099 18 4/38
VJC 1099 20 4/38
VJC 1099 21 4/38
VJC 1099 22 4/38
VJC 3093 17 4/47
VJC 3093 22 4/47
VJC 3093 31-00-00 4/47
VJC 3093 50-00-00 4/47
VJC 3093 51-00-00 4/47
VJC 3093 52-00-00 4/47
VJC 3093 53-00-00 4/47
VJC 3093 54-00-00 4/47
VJC 3093 55-00-00 4/47
VJC 3093 56-00-00 4/47
VJC 9032 88 4/42
VJC NS 1011 10 4/39
VJC NS 1011 10-11 4/39
VJC NS 1011 11 4/39
VJC NS 1011 11-12 4/39
VJC NS 1011 12 4/39
VJC NS 1011 12-13 4/39
VJC NS 1011 13 4/39
VJC NS 1011 13-14 4/39
VJC NS 1011 14 4/39
VJC NS 1011 14-15 4/39
VJC NS 1011 15 4/39
VJC NS 1011 15-99 4/39
VJC NS 1011 99 4/39
VJC NS 1020 10 4/40
VJC NS 1020 10-11 4/42
VJC NS 1020 11 4/40
VJC NS 1020 11-12 4/42
VJC NS 1020 12 4/40
VJC NS 1020 12-13 4/42
VJC NS 1020 13 4/40
VJC NS 1020 13-14 4/42
VJC NS 1020 14 4/40
VJC NS 1020 14-15 4/42
VJC NS 1020 15 4/40
VJC NS 1020 15-99 4/42
VJC NS 1020 88 4/40
VJC NS 1020 99 4/40
VJC NS 1022 10 4/41
VJC NS 1022 10-11 4/42
VJC NS 1022 11 4/41
VJC NS 1022 11-12 4/42
VJC NS 1022 12 4/41
VJC NS 1022 12-13 4/42
VJC NS 1022 13 4/41
VJC NS 1022 13-14 4/42
VJC NS 1022 14 4/41
VJC NS 1022 14-15 4/42
VJC NS 1022 15 4/41
VJC NS 1022 15-99 4/42
VJC NS 1022 88 4/41
VJC NS 1022 99 4/41
VJC NS 1030 88 4/40

VJC NS 1030 99 4/40
VJC NS 1030 99-99 4/42
VJC NS 1032 88 4/41
VJC NS 1032 99 4/41
VJC NS 1032 99-99 4/42
VJC NS 1036 88 4/40
VJC NS 1037 88 4/40
VJC NS 1038 88 4/41
VJC NS 1039 88 4/41
VJC NS 3011 11 4/38
VJC NS 3011 27 4/38
VJC NS 3011 50 4/38
VJC NS 3011 56 4/38
VJC NS 3011 59 4/38
VJC NS 3051 40 4/43
VJC NS 3051 41 4/43
VJC NS 3051 42 4/43
VJC NS 3051 44 4/43
VJC NS 3051 46 4/43
VJC NS 3051 48 4/43
VJC NS 3051 49 4/43
VJC NS 3051 51 4/43
VJC NS L11-F11 4/39
VJC NS L11-L27 4/39
VJC NS L27-F12 4/39
VJC NS L27-L59 4/39
VJC NS L50-F13 4/39
VJC NS L56-L11 4/39
VJC NS L59-F13 4/39
VJC NS L59-L50 4/39
VJH 2099 12 4/50
VJH 2099 22 4/50
VJH NS 2043 20 4/51
VJH NS 2043 21 4/51
VJH NS 2043 23 4/51
VJH NS 2110 11 4/50
VJH NS 2110 11-12 4/50
VJH NS 2110 12 4/50
VJH NS 2110 12-13 4/50
VJH NS 2110 13 4/50
VJH NS 2110 13-14 4/50
VJH NS 2110 14 4/50
VJH NS 2110 14-15 4/50
VJH NS 2110 15 4/50
VJH NS 2110 15-16 4/50
VJH NS 2110 16 4/50
VJH NS 2110 16-45 4/50
VJH NS 2110 45 4/50
VJH NS 2110 45-99 4/50
VJH NS 2110 99 4/50
VJH NS 2120 00 4/50
VJH NS 2122 00 4/50
VJH NS 2124 00 4/50
VW3  A8 114 3/76
VW3 A8 306 3/77
VW3 A8 306 D30 3/77
VW3 A8 306 R03 3/77
VW3 A8 306 R10 3/77
VW3 A8 306 R30 3/77
VW3 A8 306 RC 3/76
VW3 A8 306 TF03 3/76
VW3 A8 306 TF10 3/76
VW3 CAN A71 3/69

VW3 CAN CARR03 3/69
VW3 CAN CARR1 3/69
VW3 CAN KCDF 180T 3/69
VW3 CAN TAP2 3/68
VW3 M38 05 R010 3/68
VW3 M8 223 R30 2/33
X

XBT Z938 3/77
XGS Z24 3/76
XZ CC12FCM50B 3/69
XZ CC12FDM50B 3/69
XZ CC12MCM50B 3/69
XZ CC12MDM50B 3/69
XZC C12 FCM 50B 3/41
XZC C12 FDM 50B 3/41
XZC P1164L2 3/41
XZC P1164L5 3/41
XZC P1264L2 3/41
XZC P1264L5 3/41
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www.schneider-electric.comSchneider Electric Industries SAS

The information provided in this documentation contains general descriptions and/or technical 
characteristics of the performance of the products contained herein.  This documentation is not 
intended as a substitute for and is not to be used for determining suitability or reliability of these 
products for specifi c user applications. It is the duty of any such user or integrator to perform the 
appropriate and complete risk analysis, evaluation and testing of the products with respect to the 
relevant specifi c application or use thereof. Neither Schneider Electric nor any of its affi liates or 
subsidiaries shall be responsible or liable for misuse of the information contained herein.
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